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NEU: Variabler Endverschluss 
im HVI®Blitzschutz
Platz gewinnen und Installation erleichtern

Flexibles Aufbauverhältnis schafft Platz

Der neue variable Endverschlussbereich ermöglicht Flexibilität bei der 
Installation. Starre Abstandsvorgaben und damit ggf. verschenkter – 
aber oftmals dringend benötigter – Platz auf dem Dach gehören der 
Vergangenheit an. Dies erleichtert Ihnen die tägliche Arbeit und reduziert 
Installations- und Materialaufwand.

Wechseln Sie auf das neue System für den Endverschluss-/ 
Anpassungsbereich und profi tieren Sie von diesen Vorteilen:

*SLuft = Trennungsabstand

Mehr erfahren: www.de.hn/vev

Flexibilität
ermöglichen

Sicherheit
erhöhen

Kosten 
sparen

Platz 
gewinnen

Eine Lösung – verfügbar für alle HVI®Systeme
SLuft* Spezifi kationen Allgemein HVI®light-Leitung HVI®long-Leitung HVI®power-Leitung
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Werkstoff 
Distanzhalter / Stativ

NIRO

Radius 320 mm

Klemmbereich UNI-Erdungs-
klemme (Rd / mehrdrähtig)

8-10 /
4-50 mm2

Werkstoff Distanzhalter Al / NIRO

Klemmbereich Rd 
MV Klemme

8-10 /
16 mm2

Werkstoff Klemme Al

Werkstoff 
Distanzhalter / Stativ

NIRO

Radius 320 mm

Klemmbereich UNI-Erdungs-
klemme (Rd / mehrdrähtig)

8-10 /
4-50 mm2

Art.-Nr 105 460

Typ
DIDH PAE 17 D16 

750 AL V2A

Länge 
Distanzhalter

750 mm

Leitungshalter 
Aufnahme Rd

17 mm

Art.-Nr 105 461

Typ
DIDH PAE 20 D16 

1250 AL V2A

Länge 
Distanzhalter

1250 mm

Leitungshalter 
Aufnahme Rd

20 mm

Art.-Nr 105 469

Typ
V DBS RA320 PAE 

20 V 600 1180 V2A

Länge var.
Distanzhalter

600-1180 mm

Leitungshalter 
Aufnahme Rd

20 mm

Art.-Nr 105 462

Typ
DIDH PAE 27 D16 

1270 AL V2A

Länge 
Distanzhalter

1270 mm

Leitungshalter 
Aufnahme Rd

27 mm

Art.-Nr 105 468

Typ
V DBS RA320 PAE 

27 V 600 1180 V2A

Länge 
Distanzhalter

600-1180 mm

Leitungshalter 
Aufnahme Rd

27 mm

Art.-Nr 105 467

Typ
V DBS RA320 PAE 

27 V 750 1510 V2A

Länge 
Distanzhalter

750-1510 mm

Leitungshalter 
Aufnahme Rd

27 mm

Wann benötigen Sie einen 
zusätzlichen Endverschlussbereich?

Wird die HVI®Leitung nicht bis zur Erdungsanlage, sondern an Blitzspannung 
behaftete Teile (z.B. Attika, Ringleitung) angeschlossen, ist am Ausleitungs-
punkt ein zusätzlicher Endverschlussbereich notwendig (siehe Grafi k).
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NEW: Variable sealing end 
in HVI®Lightning Protection 
Gain space and simplify installation

Flexible installation ratio creates space

The new variable sealing end range enables fl exible installation. 
Rigid specifi cations concerning the distance and thus wasted space on 
the roof – which is often desperately needed – are a thing of the past.
This simplifi es your day-to-day work and reduces installation time and 
material expenses. 

Switch to the new system for the sealing end / 
adjustment range and reap these benefi ts:

*Sair = separation distance

More at: www.de.hn/vse

Allow
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space 

One solution – available for all HVI®systems
Sair* General specifi cations HVI®light Conductor HVI®long Conductor HVI®power Conductor
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Material of spacer / tripod StSt

Radius 320 mm

Clamping range UNI earth-
ing clamp (Rd / stranded)

8-10 /
4-50 mm2

Material of spacer Al / StSt

Clamping range 
Rd MV clamp

8-10 /
16 mm2

Material of clamp Al

Material of spacer / tripod StSt

Radius 320 mm

Clamping range UNI earth-
ing clamp (Rd / stranded)

8-10 /
4-50 mm2

Part No. 105 460

Type
DIDH PAE 17 D16 

750 AL V2A

Length 
of spacer 

750 mm

Conductor hol-
der support Rd

17 mm

Part No. 105 461

Type
DIDH PAE 20 D16 

1250 AL V2A

Length 
of spacer 

1250 mm

Conductor hol-
der support Rd

20 mm

Part No. 105 469

Type
V DBS RA320 PAE 

20 V 600 1180 V2A

Length of 
variable spacer 

600-1180 mm

Conductor hol-
der support Rd

20 mm

Part No. 105 462

Type
DIDH PAE 27 D16 

1270 AL V2A

Length 
of spacer 

1270 mm

Conductor hol-
der support Rd

27 mm

Part No. 105 468

Type
V DBS RA320 PAE 

27 V 600 1180 V2A

Length 
of spacer 

600-1180 mm

Conductor hol-
der support Rd

27 mm

Part No. 105 467

Type
V DBS RA320 PAE 

27 V 750 1510 V2A

Length 
of spacer 

750-1510 mm

Conductor hol-
der support Rd

27 mm

When do you need an
additional sealing end range? 

If the HVI®Conductor is not connected to the earth-termination system, 
but to parts carrying lightning voltage (for example, capping of the roof 
parapet or ring conductor), an additional sealing end range is required at 
the exit point (see picture).
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NEW! 

Space saving of 60 cm!
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